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12G SDI BROADCAST SOLUTIONS

12G High-Frequency BNC & HD-BNC Connectors for Broadcast

Ultra High Definition Video (also known as “Ultra HD” or “4K”), with 4x the resolution of 1080P HD video, requires an interconnect
system that can transfer data at a rate of up to 12 Gbps. Using legacy BNC connectors often supporting a max frequency of 3 GHz,
this could require 2 or 4 channels.

Amphenol RF’s line of 12G BNC and HD-BNC products are optimized for 4K Ultra HD Broadcast, providing fully intact signal
transmission on a single channel. These connectors are designed for 12G-SDI video applications, and come in a variety of PCB
mounting and cable terminations. Peak performance can be reached when Amphenol RF 12G connectors are used as a mated pair.

. BNC PCB Connectors
0170850 031-70530 BNC Straight PCB Jack, 16.22 mm Features and Benefits
031-70536-12G BNC Straight PCB Jack, 20.95 mm = One channel for 4K or
031-70535-12G BNC Right Angle PCB Jack -
av 031-70526-13 BNC Edge Mount PCB Jack, Spanner Nut Ultra-HD quality
> l 031-70526-11 BNC Edge Mount PCB Jack, Hex Nut = Familiar BNC bayonet coupling
mechanism in HD-BNC options
034-1065-12G 034-1065-12G HD-BNC Straight PCB Jack | | Designs available for common
A 031-1030-12G HD-BNC Right Angle PCB Jack and 12G-specific broadcast
Wy n 034-1018-12G HD-BNC Edge Mount PCB Jack cable types

034-1018-12G  Cable Mount Connectors

Applications

T / 031-70534 BNC Straight Crimp Plug for Belden 4794R Cable .
® - -\Q ) — = Mobile Broadcast
", 031-70537-12G BNC Straight Crimp Plug for Belden 4855R Cable
031-70537-12G 112955-11 BNC Straight Crimp Plug for Belden 1855A Cable ®= Patch Panels
112957-11 BNC Straight Crimp Plug for Belden 1694A Cable ® HD Cameras
112985-11 i i [0 .
BNC Straight Crimp Plug for Belden 1505A Cable O Dlgltal Slgnage
031-70538-12G BNC Straight Jack for Belden 4855R Cable .
® Video Encoders
031-70538-12G 034-1104-12G HD-BNC Straight Crimp Plug for Belden 4794R Cable = Video Routers
{ 034-1107-12G HD-BNC Straight Crimp Plug for Belden 4855R Cable ® Remote Viewing
. "‘Qa 034-1026-12G HD-BNC Straight Crimp Plug for Belden 1855A Cable
’ ) 034-1017-12G HD-BNC Straight Crimp Plug for Belden 1694A Cable
034-1025-12G 034-1025-12G HD-BNC Straight Crimp Plug for Belden 1505A Cable
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Performance Data
12 Gb/s performance per
SMPTE standard 2082-1
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12G Cable Assemblies
P

095-850-187xxxx G

Straight Plug to Straight Plug Cable Assemblies

095-850-188xxxx

o

Length in Inches

Part Number Cable Type Code
((YSEO)

095-850-186xxxx
095-850-187xxxx
095-850-188xxxx
095-850-189xxxx

BNC to BNC Belden 4794R
BNC to BNC Belden 4855R
HD-BNC toHD-BNC  Belden 4855R
HD-BNC to BNC Belden 4855R

Straight Plug to Straight Jack Cable Assemblies

Part Number Configuration Cable Type
095-850-192xxxx HD-BNC to BNC Belden 4794R
095-850-193xxxx HD-BNCto BNC Belden 4855R

*XXXX denotes length code. See standard lengths options.

12G Adapters

-006 6.00[0.152]
-012 12.00[0.305]
-018 18.00[0.457]
-024 24.00[0.610]
-036 36.00[0.914]
-048 48.00([1.219]
-060 60.00[1.524]
-072 72.00[1.829]
-120 120.00[3.048]
-144 144.00[4.572]
-180 180.00[7.620]
-300 300.00[15.240]
-600 600.00[22.860]
-900 900.00 [30.480]

031-220N-75-12G BNC Jack to BNC Jack Bulkhead = ’ 3
112444-12G BNC Jack to BNC Jack Bulkhead, Isolated — gy &
031-9-75-12G BNC Jack to BNC Plug Right Angle

112446-12G BNC Jack to BNC Jack

031-218-12G BNC Plug to BNC Plug 031-220N-75-12G

Technical Specifications (Connectors)

Electrical

Impedance

Frequency range

Return Loss

Dielectric Withstanding Voltage

Insulation Resistance

Center Contact:
Outer Contact:

Contact Resistance

Mechanical
Coupling Style
Mating Cycles
Cable Attachment
Assembly Tool

Environmental
Temperature Range
RoHS

Materials

Body and Outer Contacts
Male Contact

Female Contact

Crimp Ferrule

Spring

Insulator

Gasket

BNC
75Q
DC-12 GHz
>230dB@DC-6 GHz

1500 VRMS

5000C

<1.5mQ

<0.2mQ

095-850-189xxxx

Standard Lengths Available

Code Lengthin Inches
(Meters)

MO025 9.84[0.25]
MO050 19.69[0.50]
MO075 29.53[0.75]
M100 = 39.37[1.00]
M125 = 49.21[1.25]
M150 = 59.06[1.50]
M200 = 78.74[2.00]
M300 118.11[3.00]
M500 196.85[5.00]
M10L 393.70[10.00]
M20L 787.40[20.00]
M30L 1181.10[30.00]

vl

031-9-75-12G

HD-BNC

DC-18 GHz

>15dB@DC-12 GHz

1000 VRMS
10000 MQ
<5mQ
<2.5mQ

2-stud bayonet coupling
500 cycles min.
Crimp
CTL-17

-65°Cto+165°C
Compliant with exemption 6C

Brass or zinc die-cast, nickel or gold plated
Brass or phosphor bronze, gold plated
Beryllium copper, gold plated
Brass, nickel plated
Stainless steel, nickel plated
PTFE
Silicone rubber



North America

Amphenol RF Global HQ
4 0Old Newton Road
Danbury, CT 06810

Toll Free: (800) 627-7100

International: (203) 743-9272

Email: sales@amphenolrf.com

Asia

China

Block DM2

Tang Wei Industrial District
Gong Ming Street

Guang Ming New District
Shenzhen City, Guangdong

Provice, P.R. China

Europe

Amphenol RF Europe
Hoofdveste 19

3992 DH Houten

The Netherlands

Tel: +31 30 635 8000
Tel: +31 30 637 7899

Email: info@amphenol-nl.com

Amphenol®

www.amphenolrf.com

Western US Sales Office
5069 Maureen Lane, Suite B
Moorpark, CA 93021

China

No. 55, Industry 2" Road
Aerospace Economic Technology
Development Zone

Xi‘an, Shaanxi Province

P.R. China

Mexico

Circunvalacion del Mar 56
Parque Industrial de Nogales
Nogales, Sonora, C.P. 84094

India

Plot 3/4B & 5A

CMDA's Industrial Area
Maraimalai Nagar

Kilkaranai Village

Chengleput Taluk, Kancheepuram
Chennai, 603209



