Metal Film Flat Chip Resistors
High Reliability

RN73R Series
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With a T.C.R. down to £5 ppm and a tolerance as low as +0.05 %
the new RN73R series from KOA is ideal for high precision
circuits in various industrial and measuring applications.

These new resistors provide improved electrolytic corrosion resistance
and higher stability compared to KOA’s existing RN73 series.
The RN73R also has higher ambient temperature rating of +85 °C, as
well as improved moisture tolerance of £0.25 % at 85 % RH for 1000
hours at +85 °C.

B Features

e 510 +100 ppm/K

e +0.05t0%1 %

e 040210 1210inch

e +0.1 % ~ long term stability

¢ High humidity protective coating

¢ Rated power at +85 °C

e AEC-Q200 gqualified, EU-ROHS compliant
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B Application Examples
High precision control circuits
Industrial and automotive electronics
Measuring equipment
Audio circuits
Gain adjustment of OP amp. circuits
Dividers for power supply volt. monitoring
Precision voltage divider circuits

Sulfur resistance verified according to ASTM B 809-95

* For highest precision and stability, please also refer to our RN73H series

B Ratings
Power Ratfed Ratgd TCR. Resistance Range (Q) Ma)_(. Max.
Type Rating Ambient | Terminal (PPmIK) E24 - E96 - E192 Working | Overload
Temp. |Part Temp. A:+005% | B:+0.1% | C:+0.25% | D:+05% | F:=1% Voltage Voltage
+10 - 47~10k 47~10k 47~10k A47~10k
II4[I2 1E 0.063W 85C a0C +25 - 47~300k | 47~300k | 10~300k | 10~300k 50V 100V
+50 - 47~300k | 47~300k | 10~300k | 10~300k
+5 100~58k | 100~59k - - -
+10 47~59k 47~59k 47~59k 47~59k 47~59k
@E 1J 0.1W 85C 95C +25 47~59k 156~1M 156~1M 10~1M 10~1M 75V 150V
+50 - 15~1M 15~1M 10~1M 10~1M
+100 - - - 10~1M 10~1M
+5 100~100k | 100~100k - - -
+10 47~100k | 47~100k | 47~100k | 47~100k | 47~100k
@E 2A 0.125W 85C 100°C +25 47~100k | 15~15M | 15~15M | 10~15M | 10~15M 150V 300V
+50 = 156~15M | 15~15M| 10~15M | 10~1.5M
+100 - - - 10~1.5M | 10~1.5M
+5 100~300k | 100~300k - - -
+10 47~300k | 47~300k | 47~300k | 47~300k | 47~300k
@E 2B 0.25W 85C 110C +25 47~300k | 15~1M 16~1M 10~1M 10~1M 200V 400V
+50 - 15~1M 15~1M 10~1M 10~1M
+100 — - = 10~1M 10~1M
+10 100~510k | 100~510k | 100~510k | 100~510k | 100~510k
. . +25 51~510k | 15~1M 15~1M 10~1M 10~1M
[1210] 2€ 0.25W 85 110°C “50 - et et T do~im | o<im 1 200V 400V
+100 - - = 10~1M 10~1M

For more information, please contact:
KOA Europe GmbH, Kaddenbusch 6, D-25578 Dageling-ltzehoe, Germany
Phone: +49 (0)4821 89890, E-Mail: info@koaeurope.de, Internet: www.koaeurope.de

Our privacy policy in its newest form is available at https://koaeurope.de/privacy-policy/

Operating Temperature Range: -55 °C ... +155 °C

Specification given herein may be changed at any time without prior notice. Please confirm technical specifications before you order and/or use.

Contact our sales representatives before you use our products for applications including automotive, medical equipment and aerospace equipment.

Malfunction or failure of the products in such applications may cause loss of human life or serious damage.
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